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Welcome 
to the 2009 Installations Product catalogue 
covering Thorsman and Tower products

Schneider Electric’s Thorsman and Tower brands are market leaders and worldwide 

suppliers of fixings, components and materials.  This catalogue features easy to 

follow specifications with details of our comprehensive ranges of hand tools, safety 

equipment, fixings, as well as site lighting and power, making product selection 

simple.

Our products are highly compatible and complement each other, allowing you to 

provide your customers with integrated, tailored solutions.  For easy identification, 

devices previously known under the Thorsman and Tower brands are becoming 

Schneider Electric, so customers can spot our quality solutions at a glance.  

Schneider Electric is a global specialist in energy management, offering integrated 

solutions making energy safer, more reliable, efficient and productive.  When you 

choose a product bearing our name you have the reassurance it is of the highest 

quality. The company’s experience combined with its research facilities, computer 

aided design, manufacture and distribution networks, provide backup and support 

throughout the world.  Wherever you are located and whatever your need, we are 

committed to meeting your requirements.
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Thorsman
The professionals choice

Through its Thorsman and Jo-el brands, Schneider Electric has 
led the way in the fixings and fastenings industry. With a clear 
understanding of the diverse spectrum of customers’ needs, 
the range has expanded to include plasterboard and masonry 
fixings, hand tools and storage, as well as a comprehensive 
selection of drills and power tool accessories. Its offering also 
encompasses cable fixings, foams, adhesives and site lighting 
and power products. 

Our brand is synonymous with quality. Products are 
manufactured under the most stringent control systems in full 
accordance with the latest requirements and are used in some of 
the most extreme conditions and applications. With our solutions 
capable of withstanding rigorous demands, you can be reassured 
that you are specifying components that will last for years to 
come. 

As part of our dedicated customer service, our knowledgeable 
sales and technical teams are always ready to answer any 
queries.
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Wall plugs - TP

of 10, boxed in 100’s

high load values

range

packs available

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1001 007 TP 1 Yellow 100 1000

1003 003 TP 2 Red 100 1000

1005 008 TP 2B Brown 100 1000

1006 006 TP 3 Blue 100 1000

1007 004 TP 4 Green 100 500

1008 002 TP 14 Grey 50 200

1009 000 TP 16 Orange 50 200

Wall plugs economy - TPA supplied loose

1000’s

available

Article No. Description Pack 
Quantity

Minimum
Order Unit

1090 600 TPA 1 Yellow 100 1000

1090 605 TPA 2 Red 100 1000

1090 610 TPA 2B Brown 100 1000

1090 615 TPA 3 Blue 100 1000

Wall plugs economy - TPA bulk supplied loose

1000’s

 
only - minimum 
order 100,000 
mixed

Article No. Description Pack 
Quantity

Minimum
Order Unit

1090 720 TPA 2 Red 100 25000

1090 725 TPA 2B Brown 100 20000

Frame fixings - TFF

installations such as 
doors and window 
frames, trunking, 
switches and battens

Article No. Description Pack 
Quantity

Minimum
Order Unit

1130 110 8 x 80mm 100 100

1130 115 8 x 100mm 100 100

1130 120 8 x  120mm 100 100

1130 155 10 x 80mm 50 50

1130 160 10 x 100mm 50 50

1130 165 10 x 120mm 50 50

1130 170  10 x 140mm 50 50

1130 175 10 x 160mm 50 50

Hammer fixings - THI

for fast installation 
into a wide variety of 
materials

prevents premature 
expansion during 
installations

Article No. Description Pack 
Quantity

Minimum
Order Unit

1131 110 5 x 30mm 100 100

1131 115 5 x 50mm 100 100

1131 130 6 x 35mm 100 100

1131 135 6 x 50mm 100 100

1131 140 6 x 60mm 100 100

1131 145 6 x 70mm 100 100

1131 160 8 x 60mm 100 100

1131 165 8 x 80mm 100 100

1131 170 8 x 100mm 100 100

1131  175 8 x 120mm 100 100

1131  180 8 x 140mm 100 100
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Plugs and fixings Thorsman

Nylon wall plugs - TNP

stone, lightweight 
concrete, hollow 
block brick and 
plasterboard

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1060 030 TNP 6 x 30mm 100 100 

1060 040 TNP 7 x 35mm 100 100 

1060 050 TNP 8 x 40mm 100 100 

1060 060 TNP 10 x 50mm 50 50 

1060 070 TNP 12 x 60mm 25 25 

1060 080 TNP 14 x 70mm 20 20 

1060 110 TNP 20 x 90mm 5 5 

Nylon window frame anchors - TNW

installation of uPVC, 
aluminium and 
wooden window 
frames and doors

sleeve and zinc 
plated screw prevents 
corrosion

cap

wedge

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1501  610 8 x 100mm 100 100 

1501  615 8 x 140mm 100 100 

1501  630 10 x 75mm 100 100 

1501  635 10 x 100mm 100 100 

1501 640 10 x 120mm 100 100

1501 645 10 x 140mm 100 100

1501 650 10 x 165mm 100 100

Metal window screws

installation of uPVC, 
aluminium and 
wooden window 
and door frames 
to concrete, brick, 
hollow brick and 
concrete blocks

countersunk head 
Torx T30 zinc yellow 
plating

removal of waste

cover cap

T30 driver bit

required

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1501 666 7.5 x 92mm 100 100

1501 667 7.5 x 102mm 100 100

1501 668 7.5 x 112mm 100 100

1501 670 7.5 x 132mm 100 100

1501 672 7.5 x 152mm 100 100

Metal and nylon cavity fixings - TPD

installations in 
plasterboard

with screw

easy installation

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1220 104 TPD Metal 100 100

1220 010 TPD Nylon 100 100

1220 120 TPD Metal 25 25
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Platti plugs - TPP

of plasterboard 
thicknesses

without screw

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1200 005 10 x M4S 100 1000

1200 203 10 x M4K 100 1000

1200 401 13 x M5S 100 1000

Duo max - TSP

of plasterboard 
thicknesses

without screw

Article No. Description Pack 
Quantity

Minimum
Order Unit

1240 001 6 x 50 25 25

1248 004 10 x 65 25 25

1249 002 10 x 75 25 25

Spring toggles - TOG

cavity fixing

wide area

Article No. Description Pack 
Quantity

Minimum
Order Unit

1208 016 10 M3 x 50 50 50

1208 057 15 M5 x 50 50 50 

1208 060 15L M5 x 80 50 50 

Hollow wall anchors - TMX

cavity fixing

a wide range 
of plasterboard 
thicknesses

spread the load and 
give a fully captive 
fixing

fixing

expanding 

Article No. Description Sheet
Thickness

Screw 
Length

Pack 
Quantity

Minimum
Order Unit

1260 025 4E (409) 5-15mm 40mm 100 100

1260 066 4D (423) 16-26mm 50mm 50 50

1260 130 5M (510) 6-13mm 38mm 50 50

1260 108 5E (514) 6-13mm 57mm 50 50

1260 124 5D (527) 12-32mm 70mm 50 50

1260 140 6E (614) 3-16mm 57mm 50 50

1260 165 6D (627) 12-32mm 70mm 50 50

1260 040 TOOL Each Each
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Foam and adhesive Thorsman

Expanding foam

or irregular gaps

application or hand 
held

30 times its original 
volume

approved to BS 476 
(part 20) up to 2 hour 
protection

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1520 002 Multi-purpose hand held 500ml 12 12 

1520 005 Multi-purpose hand held 750ml 12 12

1520 000 Gun grade 750ml 12 12 

1520 030 Multi-purpose fire rated 750ml 12 12 

1520 035 Gun grade fire rated 750ml 12 12 

1520 010 Gun cleaner 500ml 1 1 

1520 015 Dispensing gun 1 1 

Gap filling adhesive

gap filling adhesiveArticle No. Description Pack 
Quantity 

Minimum
Order Unit

1520 200 Multi-purpose gap filling adhesive 
295ml

12 12 

1520 060 Dispensing gun for 150ml and 
300ml

1 1

Resin injection cartridges

anchor without 
tension and 
expansion pressure

two components in 
the nozzle

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1520 055 Mini resin cartridge c/w 1 nozzle 
150ml

6 6

1520 060 Dispensing gun for 150ml and 
300ml

1 1
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Stud bolts

5.6 grade steel

hexagon driving key

finish

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1520 300 M8 x 110 10 10
1520 301 M10 x 130 10 10
1520 302 M12 x 160 10 10
1520 303 M16 x 190 10 10
1520 304 M20 x 260 10 10

Sleeve anchors

concrete, brick, stone 
and dense concrete 
blocks

through-fixing 
installation

nut or bolt head types

Article No. Description Pack 
Quantity 

Minimum
Order Unit

Standard type

1501 500 8 x 40 100 100 

1501 506 8 x 65 100 100

1501 510 8 x 85 100 100

1501 520 10 x 50 100 100

1501 526 10 x 80 50 50

1501 530 10 x 100 50 50

1501 540 12 x 60 50 50

1501 546 12 x 75 50 50

1501 550 12 x 100 30 30

1501 556 12 x 129 30 30

1501 560 16 x 65 20 20

1501 566 16 x 110 20 20

1501 570 16 x 150 15 15

Hexagonal head type

1501 030 10 x 55 100 100

1501 035 10 x 80 50 50

1501 040 10 x 100 50 50

1501 050 12 x 60 50 50

1501 055 12 x 75 50 50

Wedge anchors

stone, solid brick and 
blocks

simple hammer in 
installation

ideal for overhead 
work

Article No. Description Pack 
Quantity 

Minimum
Order Unit

2810 109 Wedge anchor M6 x 25 100 100 

2810 125 Wedge anchor M8 x 30 100 100 

2810 141 Wedge anchor M10 x 40 50 50

2810 166 Wedge anchor M12 x 50 50 50

2810 182 Wedge anchor M16 x 60 25 25

2810 901 Setting tool M6 1 1

2810 927 Setting tool M8 1 1

2810 943 Setting tool M10 1 1

2810 968 Setting tool M12 1 1

2810 984 Setting tool M16 1 1
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Anchors Thorsman

Through bolts

fixing into concrete, 
stone and rock

twin clip design

electro-plated, hot 
dip galvanised or 
stainless steel A4

Article No. Description Pack 
Quantity 

Minimum
Order Unit

Electro-plated

1393 039 6 x 65 150 150

1393 316 6 x 100 100 100

1393 320 8 x 50 100 100

1393 326 8 x 75 50 50

1393 330 8 x 95 50 50

1393 336 8 x 120 50 50

1393 340 10 x 60 50 50

1393 107 10 x 80 50 50

1393 114 10 x 100 25 25

1393 346 10 x 125 25 25

1393 138 12 x 85 25 25

1393 145 12 x 100 25 25

1393 148  12 x 115 25 25

1393 350 12 x 145 25 25

1393 356 12 x 185 25 25

1393 360 16 x 110 10 10

1393 183 16 x 125 10 10

1393 366 16 x 150 10 10

1393 370 16 x 200 10 10

1393 380 20 x 170 5 5

1393 251 20 x 220 5 5

1393 386 20 x 280 5 5

Hot dipped galvanised

1393 327 8 x 75 50 50

1393 331 8 x 95 50 50

1393 341 10 x 60 50 50

1393 343 10 x 80 50 50

1393 345 10 x 100 25 25

1393 352 12 x 145 25 25

1393 367 16 x 150 10 10

Stainless Steel

1393 054 8 x 50 100 100

1393 061 8 x 75 50 50

1393 109 10 x 80 50 50

1393 115 10 x 100 25 25

1393 117 10 x 125 25 25

1393 139 12 x 85 25 25

1393 146 12 x 100 25 25

1393 154 12 x 145 25 25

1393 178 16 x 110 10 10

1393 185 16 x 150 10 10

1393 253 20 x 220 5 5
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Shield anchor projection bolts - PB

stone, rock and brick

for wall or overhead 
fixing

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1511 100 M6 x 65 100 100
1511 103 M6 x 85 75 75
1511 104 M6 x 115 70 70
1511 106 M8 x 70 50 50
1511 107 M8 x 90 50 50
1511 108  M8 x 105 45 45
1511 109 M8 x 120 40 40
1511 110 M8 x 140 30 30
1511 112 M10 x 85 30 30
1511 115 M10 x 100 25 25
1511 118 M10 x 130 20 20
1511 119 M10 x 140 25 25
1511 120 M10 x 160 20 20
1511 124 M12 x 115 20 20
1511 126 M12 x 135 15 15
1511 127 M12 x 150 15 15

Shield anchor loose bolts - LB

machines, fans, 
industrial doors and 
switch gear

for even expansion

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1511 000 M6 x 50 100 100
1511 003 M6 x 70 100 100
1511 004 M6 x 90 80 80
1511 006 M8 x 60 50 50
1511 009 M8 x 80 50 50
1511 012 M8 x 90 50 50
1511 015 M10 x 70 30 30
1511 018 M10 x 80 30 30
1511 021 M10 x 100 25 25
1511 022 M10 x 130 20 20
1511 024 M12 x 80 20 20
1511 027 M12 x 100 20 20
1511 031 M12 x 110 15 15
1511 034 M12 x 130 10 10

Shield anchors

supporting 
suspended ceilings, 
chain barriers and 
lighting fixings

compared with other 
types of anchor bolt

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1511 200 M6 x 50 100 100
1511 203 M8 x 55 100 100
1511 206 M10 x 65 50 50
1511 209 M12 x 75 25 25

Hooks and eyes

anchorage for 
a variety of 
applications

and flat washer

Article No. Description Pack 
Quantity 

Minimum
Order Unit

1511 231 Hook M6 50 50
1511 234 Hook M8 25 25
1511 237 Hook M10 25 25
1511 224 Eye M6 50 50
1511 227 Eye M8 25 25
1511 230 Eye M10 25 25
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Screw fixings Thorsman

Twin thread wood screws

plastic and nylon wall 
plugs

and zinc plated finish

Article No. Description Pack 
Quantity 

Minimum
Order Unit

Recessed 200 14,800

3736 025 4 x 200 14,800

3736 032 4 x 200 14,800

3736 049 4 x 200 14,800

3736 056 4 x 1 200 14,800

3736 070 5 x 200 14,800

3736 087 5 x 200 14,800

3736 117 6 x 200 14,800

3736 124 6 x 200 14,800

3719 172 6 x 200 14,800

3719 196 6 x 1 200 14,800

3719 219 6 x 1 200 11,200

3719 226 6 x 1 200 6,600

3736 179 6 x 1 200 6,600

3719 240 6 x 2 200 4,800

3736 209 7 x 200 14,800

3719 301 7 x 1 200 14,800

3719 318 7 x 1 200 11,200

3719 325 7 x 1 200 6,600

3719 349 8 x 200 14,800

3736 278 8 x 200 10,000

3719 363 8 x 200 14,800

3719 387 8 x 1 200 11,200

3719 400 8 x 1 200 6,600

3719 417 8 x 1 200 6,600

3719 424 8 x 1 200 4,800

3719 431 8 x 2 200 4,800

3736 353 8 x 2 200 3,600

3719 455 8 x 2 200 3,600

3736 377 8 x 3 200 3,600

3736 391 10 x 200 11,200

3719 509 10 x 1 200 6,600

3719 516 10 x 1 200 6,600

3719 523 10 x 1 200 4,800

3719 530 10 x 1 200 4,800

3719 547 10 x 2 200 3,600

3719 554 10 x 2 200 3,600

3719 561 10 x 2 100 2,400

3719 585 10 x 3 100 1,800

3736 476 10 x 3 100 2,400

3736 483 10 x 4 100 2,400

3736 506 12 x 1 200 4,800

3736 513 12 x 1 200 3,000

3736 520 12 x 2 100 1,500

3736 537 12 x 2 100 1,500

3736 544 12 x 3 100 1,500

3736 551 12 x 3 100 1,500

3736 568 12 x 4 100 1,800

Recessed yellow passivated

3737 500 7 x 1 200 10,000

3737 503 7 x 1 200 11,200

3737 502 7 x 1 200 6,600
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Hi-tech chipboard screws

zinc and yellow 

finish

provides excellent 
holding in a variety of 
materials

penetration

Article No. 
Yellow 
Passivated

Article No. Description 
Equivalent

Pack 
Quantity 

Outer 
Quantity

3742 026 3740 026 3 x 13 4 x 200 14,800

3742 033 3 x 15 4 x 200 14,800

3742 037 3 x 17 4 x 11⁄16 200 14,800

3742 040 3740 040 3 x 20 4 x 200 14,800

3742 057 3 x 25 4 x 1 200 14,800

3742 064 3 x 30 4 x 1 200 14,800

3742 088 3740 088 3.5 x 13 6 x 200 14,800

3742 095 3740 095 3.5 x 15 6 x 200 14,800

3742 098 3.5 x 17 6 x 11/16 200 14,800

3742 101 3740 101 3.5 x 20 6 x 200 14,800

3742 118 3740 118 3.5 x 25 6 x 1 200 14,800

3742 125 3740 125 3.5 x 30 6 x 1 200 11,200

3742 127 3.5 x 35 6 x 1 200 11,200

3742 132 3740 132 3.5 x 40 6 x 1 200 5,000

3742 170 3740 179 4 x 15 8 x 200 10,000

3742 171 4 x 17 8 x 11⁄16 200 10,000

3742 187 3740 187 4 x 20 8 x 200 14,800

3742 194 3740 194 4 x 25 8 x 1 200 11,200

3742 200 3740 197 4 x 30 8 x 1 200 11,200

3742 209 3740 198 4 x 35 8 x 1 200 6,600

3742 217 3740 137 4 x 40 8 x 1 200 6,600

3742 224 3740 140 4 x 45 8 x 1 200 4,800

3742 231 3740 141 4 x 50 8 x 2 200 4,800

3742 240 3740 142 4 x 60 8 x 2 200 Consult us

3742 247 3740 143 4 x 70 8 x 2 200 Consult us

3742 255 4.5 x 20 9 x 200 11,200

3742 262 4.5 x 25 9 x 1 200 5,000

3742 279 4.5 x 30 9 x 1 200 5,000

3742 280 4.5 x 35 9 x 1 200 5,000

3742 286 4.5 x 40 9 x 1 200 4,800

3742 293 4.5 x 45 9 x 1 200 3,000

3742 309 4.5 x 50 9 x 2 200 3,000

3742 323 3740 144 5 x 20 10 x 200 11,200

3742 330 5 x 25 10 x 1 200 6,600

3742 347 3740 145 5 x 30 10 x 1 200 6,600

3742 351 5 x 35 10 x 1 200 6,600

3742 354 3740 146 5 x 40 10 x 1 200 4,800

3742 361 5 x 45 10 x 1 200 4,800

3742 378 3740 148 5 x 50 10 x 2 200 Consult us

3742 381 5 x 55 10 x 2 200 3,600

3742 385 3740 152 5 x 60 10 x 2 100 Consult us

3742 392 3740 153 5 x 70 10 x 2 100 2,400

3742 408 3740 151 5 x 80 10 x 3 100 2,400

3742 415 5 x 90 10 x 3 100 2,400

3742 422 3740 158 5 x 100 10 x 4 100 Consult us

3742 446 6 x 30 12 x 1 200 4,800

3742 453 6 x 40 12 x 1 200 3,000

3742 477 6 x 50 12 x 2 100 2,400

3742 484 6 x 60 12 x 2 100 2,400

3742 491 6 x 70 12 x 2 100 1,800

3742 507 6 x 80 12 x 3 100 1,800

3742 514 6 x 90 12 x 3 100 1,800

3742 521 6 x 100 12 x 4 100 1,800
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Screw fixings Thorsman

Combi roundhead screws

bright zinc plated 
finish on hardened 
steel

can be used with 
slotted or pozi 
screwdriver

provides excellent 
grip in many 
materials

Article No. Description Pack 
Quantity 

Minimum
Order Unit

3743 182 3 x 13 200 14,800

3743 183 3 x 15 200 14,800

3743 184 3 x 20 200 14,800

3743 185 3 x 25 200 14,800

3743 368 3.5 x 13 200 14,800

3743 180 3.5 x 15 200 14,800

3743 192 3.5 x 20 200 14,800

3743 193 3.5 x 25 200 11,200

3743 194 3.5 x 30 200 5,000

3743 195 3.5 x 40 200 6,600

3743 187 4 x 13 200 10,000

3743 188 4 x 15 200 14,800

3743 190 4 x 20 200 14,800

3743 191 4 x 25 200 11,200

3743 207 4 x 30 200 6,600

3743 215 4 x 40 200 6,600

3743 220 4 x 50 200 4,800

3743 222 5 x 20 200 6,600

3743 337 5 x 25 200 6,600

3743 344 5 x 30 200 6,600

3743 351 5 x 40 200 4,800

3743 360 5 x 50 200 3,600

3743 365 5 x 60 100 3,600

3743 366 5 x 70 100 1,800

3743 367 5 x 80 100 1,800

Black finish slotted woodscrews

installations and 
hinges or wrought 
iron work

Article No. Description Pack 
Quantity 

3748 120 4 x 200

3748 127 6 x 200

3748 137 6 x 200

3748 134 6 x 200

3748 141 6 x 1 200

3748 158 6 x 1 200

3748 229 8 x 200

3748 226 8 x 200

3748 233 8 x 1 200

3748 240 8 x 1 200

3748 257 8 x 1 200

3748 264 8 x 1 200

3748 271 8 x 2 200

3748 325 10 x 200

3748 349 10 x 1 200

3748 356 10 x 1 200

3748 370 10 x 2 200
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Coach screws

wood or with a wall 
plug

571 and zinc plated

applications including 
satellite installations

Article No. Description Pack 
Quantity 

Minimum
Order Unit

3708 480 6 x 30 200 200

3708 500 6 x 40 200 200

3708 505 6 x 50 200 200

3708 510 6 x 60 200 200

3708 412 6 x 70 200 200

3708 515 6 x 75 200 200

3708 520 6 x 80 200 200

3708 525 6 x 90 200 200

3708 530 6 x 100 200 200

3708 550 8 x 40 200 200

3708 552 8 x 45 200 200

3708 555 8 x 50 200 200

3708 560 8 x 60 200 200

3708 562 8 x 65 200 200

3708 563 8 x 70 200 200

3708 565 8 x 75 200 200

3708 567 8 x 80 200 200

3708 570 8 x 90 100 100

3708 575 8 x 100 100 100

3708 585 8 x 120 100 100

3708 587 8 x 150 50 50

3708 595 10 x 40 100 100

3708 600 10 x 50 100 100

3708 605 10 x 60 100 100

3708 607 10 x 65 100 100

3708 610 10 x 70 100 100

3708 615 10 x 75 100 100

3708 620 10 x 80 100 100

3708 624 10 x 90 100 100

3708 625 10 x 100 100 100

3708 628 10 x 120 50 50

3708 629 10 x 140 50 50

3708 630 10 x 150 50 50

3708 631 10 x 160 50 50

3708 632 10 x 180 50 50

3708 633 10 x 200 50 50

3708 650 12 x 80 50 50

3708 655 12 x 100 50 50

3708 660 12 x 120 25 25

3708 665 12 x 150 25 25
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Carriage bolts

with hexagon nut and 
flat washer

finish

timber fixings

roof joists, fencing, 
wooden building 
construction

Article No. Description Pack 
Quantity 

Minimum
Order Unit

3751 010 6 x 25 200 200

3751 015 6 x 40 200 200

3751 020 6 x 50 200 200

3751 025 6 x 65 150 150

3751 030 6 x 75 150 150

3751 035 6 x 100 100 100

3751 040 6 x 150 50 50

3751 060 8 x 40 100 100

3751 065 8 x 50 100 100

3751 070 8 x 65 100 100

3751 075 8 x 75 100 100

3751 080 8 x 90 50 50

3751 085 8 x 100 50 50

3751 090 8 x 110 50 50

3751 095 8 x 130 25 25

3751 100 8 x 150 25 25

3751 120 10 x 50 100 100

3751 125 10 x 65 100 100

3751 130 10 x 75 100 100

3751 135 10 x 100 50 50

3751 140 10 x 110 50 50

3751 145 10 x 130 25 25

3751 150 10 x 150 25 25

3751 155 10 x 160 25 25

3751 160 10 x 180 25 25

3751 165 10 x 200 25 25

3751 167 10 x 220 25 25

3751 170 10 x 240 20 20

3751 175 12 x 75 50 50

3751 180 12 x 100 50 50

3751 182 12 x 110 50 50

3751 185 12 x 130 50 50

3751 190 12 x 150 25 25

3751 195 12 x 180 25 25

3751 200 12 x 200 25 25

3751 205 12 x 240 20 20

Carriage bolt accessories

3751 320 Square plate washers 100 100

3751 400 Double sided timber connectors 100 100

Spare hexagon nuts

3751 300 M6 100 100

3751 301 M8 100 100

3751 302 M10 100 100

3751 303 M12 100 100

Spare flat washers

3751 310 M6 100 100

3751 311 M8 100 100

3751 312 M10 100 100

3751 313 M12 100 100
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Stainless steel screws

stainless steel

corrosion

Article No. Description Pack 
Quantity 

Minimum
Order Unit

3743 800 4 x 25mm 200 200

3743 802 4 x 30mm 200 200

3743 804 4 x 40mm 200 200

3743 806 4 x 50mm 200 200

3743 808 4 x 60mm 200 200

3743 810 4 x 70mm 200 200

3743 820 5 x 25mm 200 200

3743 822 5 x 30mm 200 200

3743 824 5 x 40mm 200 200

3743 826 5 x 50mm 200 200

3743 828 5 x 60mm 100 100

3743 830 5 x 70mm 100 100

3743 832 5 x 80mm 100 100

3743 834 5 x 90mm 100 100

3743 836 5 x 100mm 100 100

3743 840 6 x 40mm 100 100

3743 842 6 x 50mm 100 100

3743 844 6 x 60mm 100 100

3743 846 6 x 70mm 100 100

3743 848 6 x 80mm 100 100

3743 850  6 x 90mm 100 100

3743 852 6 x 100mm 100 100

Decking screws
 

salt-spray tested

fencing and exterior 
applications

head

thread

match timber

Article No. Description Pack 
Quantity 

Minimum
Order Unit

3743 860 4 x 50 200 200

3743 861 4 x 60 200 200

3743 862 4 x 70 100 100

3743 863 5 x 80 100 100

3743 864 5 x 90 100 100

Carcass screws

to wood in kitchens 
and shopfitting 
applications

chipboard and MDF 
materials

head with a grey 
phosphate finish

Article No. Description Pack 
Quantity 

3746 630 4.2 x 32mm 5,000

3746 640 4.2 x 45mm 2,500
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Brass woodscrews

or recessed heads

non-corrosive solid 
brass with sharp 
gimlet point

plastic and nylon 
plugs

Article No. 
Recessed

Article No.
Slotted

Description Pack 
Quantity 

3739 026 3701 313 4 x 200

3739 033 3701 337 4 x 200

3739 057 3701 368 4 x 1 200

3739 101 3701 498 6 x 200

3739 118 3701 504 6 x 200

3739 125 3701 513 6 x 200

3739 132 3701 521 6 x 1 200

3739 149 3701 539 6 x 1 200

3739 156 3701 547 6 x 1 200

3701 552 7 x 200

3739 194 3701 554 7 x 1 200

3739 200 3701 562 7 x 1 200

3739 255 3701 588 8 x 200

3739 262 3701 596 8 x 1 200

3739 279 3701 604 8 x 1 200

3739 286 3701 612 8 x 1 200

3739 293 3701 616 8 x 1 200

3739 309 3701 620 8 x 2 200

3701 624 8 x 2 200

3739 354 3701 638 10 x 1 200

3739 361 3701 642 10 x 1 200

3739 378 3701 646 10 x 1 200

3701 650 10 x 1 200

3739 392 3701 653 10 x 2 200

3739 415 3701 661 10 x 2 100

3739 422 3701 665 10 x 3 100

3701 669 12 x 1 200

3701 679 12 x 2 100

3701 687 12 x 2 100

Brass roundhead slotted woodscrews

non-corrosive solid 
brass with sharp 
gimlet point

for many plumbing 
applications

Article No. Description Pack 
Quantity 

3741 029 4 x 200

3741 043 4 x 200

3707 117 6 x 200

3707 124 6 x 1 200

3707 131 6 x 1 200

3707 148 6 x 1 200

3707 292 8 x 200

3707 308 8 x 1 200

3707 315 8 x 1 200

3707 322 8 x 1 200

3707 346 8 x 2 200

3707 414 10 x 1 200


